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Certification IEC62208 
 
Comment: Available Certificate UL 
that includes the Nema classification. 

Guarantee of safety and performance: 
mechanical, degree of protection, 
weather and corrosion resistance, 
resistance to static loads to the 
specified standard. 

Only the big competitors are ok, and 
generally local competitors do not 
comply with the standard. 
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Static loads & lifting resistance 
conforming IEC62208 tests 9.3 
(maximum admissible load plate: 
250Kgs/m2, maximum admissible 
load door: 50 Kgs/m2) 

Guarantee of performance Only the big competitors are ok, and 
generally local competitos cannot 
comply with the standards. 
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Enclosure coated with polyester 
powder 

This technique gives the enclosure 
considerable resistance to chemical 
agents and corrosion. ROHS 
compliant. 
 

Only the big competitors are ok, and 
generally local competitos cannot 
compete in terms of quality. 
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Enclosure with welded studs on both 
body and door for earthing 
connection.  
 

The earthing connections on door and 
body ensure electric continuity and 
grant safety.  
 

Rittal enclosures don’t have the 
earthing pins on the door. 

 

3.1 

Double folding at the front of the 
body as a front rain gutter. 
 

This double folding avoids the entry 
of water, oil or liquids which ensures 
high degree of protection. It creates a 
channel that evacuates any liquid 
deposit preventing them to enter 
inside the enclosure when we open 
the door. 
 

Only Rittal or other big competitors are 
ok, and generally local competitos 
cannot compete in terms of quality. 
They don’t do any double folding. 

 

3.1 

Rear panel with shouldered studs with 
built-in spacers for fixing mounting 
plates. 
 

Very easy and time saving to 
assemble the mounting plate. 
Mounting plate is assembled directly 
to the  welded studs and no previous 
processes are required. 

On Rittal enclosures you have to screw 
the mounting plate supporting pins, and 
later, you are able to install the wall 
fixing brackets. 
 
Also, the plate touches the back panel 
so it is necessary to add stand-off. 



 3.2 

Sheet steel door with punched corners The corners of the door are punched, 
and NOT folded and welded avoiding 
the risk of bad weldings and 
improving the degree of protection of 
the enclosure. 

Only the big competitors like Rittal are 
ok. Local competitos cannot compete in 
terms of quality. 

 3.2 

foamed-in polyurethane gasket Very high quality material of the 
gasket that assures a good 
performance for a long period of 
time. Also the gasket is foamed to the 
door so no risk of detachment. 

Only the big competitors are ok, and 
generally local competitos cannot 
compete in terms of quality. 

 3.3 

Able to be equipped with all the type 
of plates: plain metal, perforated, 
rectangular “telequick“ perforated, or 
insulating material (glass-reinforced 
polyester or bakelite) and eventually 
with depth adjustable support. 
 

The enclosure can be fitted with any 
kind of mounting plate. Wide offer 
for any kind of needs. Different 
perforated plates, insulates plates or 
standard plates, making the choice 
easier for any kind of application. 

Rittal or other competitors don’t have 
this wide range of accessories. 

 3.4 

wall fixing brackets can be installed 
from the outside for easy installation 

Once the panel is complete you can 
install it on the wall directly without 
having to remove 
accessories/devices. Time saving and 
efficient. 

Rittal or other competitors cannot 
install the wall fixing brackets from the 
outside. Therefore, when the panel with 
the accessories is built they have to 
dismount the plate for wall fixation. 

 


