
 Discontinued

Base station, Harmony eXLhoist,
joystick, 17 relays outputs, cable
gland connection, 12...230V AC,
12...24V DC
ZARBB17W

 Discontinued on: Mar 31, 2023

 End-of-service on: Apr 15, 2023

Main
Range Of Product Harmony eXLhoist

Product Or Component Type Base station

Device Short Name ZARB

Product Specific Application Hoisting applications
Material handling

Complementary
Cable Entry Cable gland

Material ABS + PC

[Us] Rated Supply Voltage 12...230 V AC
12...24 V DC

Provided Equipment External antenna

Nominal Output Current 0.5 A at 48 V AC conforming to IEC 60947-5-1

Number Of Relays 17

Relay Type Motion relay outputs with 15 NO contact 
Auxiliary relay outputs with 2 NO contact

Safety Outputs 2 NC relay outputs

Maximum Switching Current 90 mA AC

Maximum Switching Voltage 240 V AC (+/- 20 %)

Communication Network Type Wireless

Transmission Frequency 433 MHz

Maximum Sensing Distance 100 m in free field

Fixing Mode 4 holes

Electrical Durability 100000 cycles

Mechanical Durability 10000000 cycles

Service Life 10 year(s)

Width 176 mm

Height 126 mm

Depth 75 mm

Net Weight 0.95 kg
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Specifications
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Environment
Ip Degree Of Protection IP66

Relative Humidity 0…97 %

Ambient Air Temperature For
Operation

-20…55 °C

Ambient Air Temperature For
Storage

-40…70 °C

Product Certifications CE

Packing Units
Unit Type Of Package 1 PCE

Number Of Units In Package 1 1

Package 1 Height 21.0 cm

Package 1 Width 24.0 cm

Package 1 Length 13.0 cm

Package 1 Weight 1.075 kg
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Dimensions Drawings

Dimensions

Product data sheet ZARBB17W

Apr 25, 2024 3


	Product data sheet

